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COMMSCOPE, INC.

PN L (mm) W (mm) H (mm) UNITS

0-1711361-1 600 600 1290 27

0-1711361-2 600 600 1779 38

0-1711361-3 600 600 1957 42

0-1711361-4 600 600 2179 47

0-1711361-5 600 800 1290 27

0-1711361-6 600 800 1779 38

0-1711361-7 600 800 1957 42

0-1711361-8 600 800 2179 47

0-1711361-9 600 600 1157 24

2-1711361-7 600 800 1957 42

Intelligent Management Rack

1-1711361-1 600 600 1290 27

1-1711361-2 600 600 1779 38

1-1711361-3 600 600 1957 42

1-1711361-4 600 600 2179 47

1-1711361-5 600 800 1290 27

1-1711361-6 600 800 1779 38

1-1711361-7 600 800 1957 42

1-1711361-8 600 800 2179 47

Perforated Doors (Front and Rear)

3-1711361-7 600 800 1957 42

 Tempered glass front door

4-1711361-1 600 600 1779 38
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- LOAD RATING AND SAFETY SPECIFICATION 400 KG.
 
STANDARDS
 
- UNI EN 12150-1
- EN 60529 IP20
- IEC 297-1

 COMMSCOPE LOGO LOCATED APPROX AS SHOWN, 
   COLOUR WHITE RAL 9010 FILLED.

 TEMPERED GLASS LOCKABLE FRONT DOORS, TWO WINGS (LEFT AND RIGHT)

- Open Frame 2.0 mm steel - Black RAL 9005.
- Tempered glass lockable front door with reverse facility.
- 19" Panel Mount (1 Pair) steel, zinc plat 2.0 mm.
- Earth kit - 4 Adjustable feet are included.

IMR (Intelligent Management Rack)
- SNMP Management trought ethernet internal card.
- External display.
- Temperature, humidity sensors.
- Fan and door remote control.

3-1711361-7
- Open Frame 20 mm steel - Back RAL 9005.
- Perforated doors (front and rear).
- 19" Panel Mount (1 Pair) steel, zinc plat 2.0 mm.
- Earth kit - 4 Adjustable feet are included.

4-1711361-1
- with leveling feet
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