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UNITS H (mm) W (mm) L (mm) PART NUMBER- LOAD RATING AND SAFETY SPECIFICATION 400 KG
 
STANDARDS
 
- UNI EN 12150-1
- EN 60529 IP20
- IEC 297-1

 COMMSCOPE LOGO LOCATED APPROX. AS SHOWN, 
     WHITE RAL 9010 FILLED

 TEMPERED GLASS LOCKABLE FRONT DOORS, TWO WINGS (LEFT AND RIGHT):
     - open frame 2.0 mm steel - black RAL 9005
     - tempered glass lockable front door with reverse facility
     - 19" panel mount (1 pair) steel, zinc plated 2.0 mm
     - earth kit - 4 adjustable feet included

 METAL LOCKABLE REAR DOORS, TWO WINGS (LEFT AND RIGHT):
     - open frame 2.0 mm steel - black RAL 9005
     - 19" panel mount (1 pair) steel, zinc plated 2.0 mm
     - earth kit - 4 adjustable feet included

 FRONT PORT GLASS, REAR PORT PERFORATED:
     - grey RAL 7035
     - offset 19" mounts
     - full open base
     - top with open slotted on the sides

 IMR (Intelligent Management Rack):
     - SNMP management trought ethernet internal card
     - external display
     - temperature, humidity sensors
     - fan and door remote control

 FRONT AND REAR DOORS PERFORATED (75%)
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