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  1. DIMENSIONS SHOWN ARE FOR REFERENCE ONLY. (Nominal values). VIEWS for REF. ONLY.
 
  2. MATERIAL:
 
    > Housing: Zinc alloy. Nickel plating
    > Contact: Phosphor Bronze with 1.27um hard gold plating over contact area.
    > IDC:  Phosphor Bronze with Tin plating.
    > IDC Housing: ABS/PC FR.
 
  3. GENERAL SPEC.: ISO/IEC 11801 Ed. 2.2
 
    > IDC Capability: 
        >> AWG 22-26 Solid
        >> AWG 24 Stranded.
    > Cable Jacket: Max.�n�9.0 mm.
 
  4. RECOMMENDED PANEL CUT-OUT:
 
    (for single wall plate &
    back panel for double wall plate)
     > Height: 19.30 (Nominal.)
     > Width: 14.73 (Nominal)
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